
 

 

Anti-Interleukin-6 antibody produced in rabbit 
IgG fraction of antiserum, buffered aqueous solution 
 
Product Number I2143 

Product Description 
Anti-Interleukin 6 (IL-6) is produced in rabbit using 
purified human recombinant IL-6 produced in E. coli as 
the immunogen.  Whole antiserum is fractionated and 
then further purified by ion exchange chromatography 
to provide the IgG fraction of antiserum. This fraction is 
essentially free of other rabbit serum proteins.   
 
Interleukin-6 is a multifunctional protein originally 
discovered in the media of cells stimulated with double 
stranded RNA.1  IL-6 appears to be directly involved in 
the responses that occur after infection and injury and 
may prove to be as important as IL-1 and TNF- in 
regulating the acute phase response.2,3  IL-6 is reported 
to be produced by fibroblasts, activated T cells, 
activated monocytes or macrophages, and endothelial 
cells. It acts upon a variety of cells, including 
fibroblasts, myeloid progenitor cells, T cells, B cells, 
and hepatocytes. IL-6 induces multiple effects, as 
indicated by its numerous synonyms:  plasmacytoma 
growth factor (PCT-GF), interferon-2, monocyte 
derived human B cell growth factor, B cell stimulating 
factor (BSF-2), hepatocyte stimulating factor (HSF), and 
interleukin hybridoma/plasmacytoma-1 (IL-HP1). IL-6 
also interacts with IL-2 in the proliferation of 
T lymphocytes.5 IL-6 also potentiates the proliferative 
effect of IL-3 on multipotential hematopoietic 
progenitors. 
 
Anti-IL-6 detects natural and recombinant human IL-6 
by dot blot immunoassay. No reaction is observed 
against recombinant mouse IL-6, recombinant human 
IL-1 or recombinant human TNF-. 
 
Anti-IL-6 may be used to study human IL-6 using 
immunoblotting, dot blot, RIA, ELISA, or selective 
neutralization of human IL-6 bioactivity in cell culture. 
 
Reagents  
Supplied as 0.2 µm filtered solution in 0.01 M 
phosphate buffered saline, pH 7.4. 

Precautions and Disclaimer  
For R&D use only. Not for drug, household, or other 
uses.  
 
Reconstitution  
The contents of the vial may be further diluted with 
tissue culture media containing 10% serum or buffered 
saline containing 1% BSA, according to the planned 
application.  If aseptic technique is used, additional 
filtration should not be necessary and should be 
avoided due to possible adsorption onto the filter 
membrane. 
 
Storage/Stability  
Store undiluted antibody at –20 C. The product should 
be stored frozen in working aliquots. Repeated freezing 
and thawing, or storage in "frost-free" freezers, is not 
recommended. 
 
Specificity by Dot blot: 
Human IL-6 recombinant  Positive  
Mouse IL-6 recombinant   Negative   
Human IL-1 beta recombinant  Negative 
Human TNF alpha recombinant  Negative 
 
Product Profile  
One ml of Anti-IL-6 neutralizes a minimum of 900,000 
Reference Units of recombinant human IL-6.  
Neutralization of proliferative activity is tested in culture 
using mouse T1165 cells.5 One unit is defined as the 
amount of IL-6 required to induce a half-maximal 
incorporation of 3H-thymidine.  Activity is expressed in 
Reference units (NIBSC reference preparation for IL-6 
code 88/514). 
 
Protein concentration is determined by extinction,  
E2801% = 14.0. 
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