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Product Description
Monoclonal Anti-Rat Lambda Light Chains (mouse 
IgG2a isotype) is derived from the RL-6 hybridoma 
produced by the fusion of mouse myeloma cells and 
splenocytes from BALB/c mice immunized with purified 
rat IgG. The isotype is determined by a double diffusion 
immunoassay using Mouse Monoclonal Antibody 
Isotyping Reagents, Catalog Number ISO2.

The product is a solution of R-Phycoerythrin (PE) 
conjugated to Monoclonal Anti-Rat Lambda Light Chains 
by a modification of the method of Kronick.1 It is 
prepared using the immunoglobulin fraction of the mouse 
ascites fluid.

Monoclonal Anti-Rat Lambda Light Chains recognizes an 
epitope located on the rat lambda light chain of rat 
immunoglobulin classes and subclasses.  The antibody 
detects the lambda light chain derived from normal 
serum or myeloma proteins, but not kappa light chains. 
Weak cross-reaction is observed by indirect ELISA with 
guinea pig immunoglobulins, but not with IgG 
preparations from human, bovine, cat, chicken, dog, 
goat, horse, mouse, pig, rabbit or sheep. It localizes the 
denatured-reduced molecule when applied in 
immunoblotting.

Monoclonal anti-Rat Lambda Light Chains-
R-Phycoerythrin may serve as a useful tool in the 
localization of lambda light chains on rat 
immunoglobulins using immunochemical assays such as 
flow cytometry

Reagents
Supplied as a solution in 0.01M phosphate buffered 
saline, pH 7.4, containing 1% bovine serum albumin and 
15 mM sodium azide as a preservative.

Precautions and Disclaimer 
This product is for R&D use only, not for drug, 
household, or other uses. Please consult the Material 
Safety Data Sheet for information regarding hazards 
and safe handling practices.  

Storage/Stability
For continuous use, store at 2-8 °C.  For extended 
storage, the solution may be frozen in working aliquots.  
Repeated freezing and thawing, or storage in "frost-free" 
freezers, is not recommended. If slight turbidity occurs 
upon prolonged storage, clarify the solution by 
centrifugation before use.

Note: Store product protected from light.

Product Profile
F/P Ratio:  1-4 

Flow Cytometry:  it is recommended that 10 µL be used 
to stain 1 x 106 cells.

Note: In order to obtain best results, it is recommended 
that each user determine the optimal working dilution for 
individual applications by titration assay.
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Sigma brand products are sold through Sigma-Aldrich, Inc.
Sigma-Aldrich, Inc. warrants that its products conform to the information contained in this and other Sigma-Aldrich publications.
Purchaser must determine the suitability of the product(s) for their particular use.  Additional terms and conditions may apply.

Please see reverse side of the invoice or packing slip.


