
1035Kc za 
 
 
 
 
                            Prices are in CZK 

Scale (µmol) 
This refers to the scale of synthesis and not the amount of 
oligonucleotide supplied – please see guaranteed yields. 

0.025 0.05 0.2 1.0 10.0 

Price per base 11,20    14,00    25,76    61,60    Inquire 
S-Oligo Price per base (Phosphorothioates) N/A 64,40    92,40    176,40    644,00    

Desalted No extra charge 

Reverse Phase Cartridge 16,80    16,80    16,80    16,80    Inquire 

HPLC  212,80   285,60    285,60    428,40    Inquire 

P
ur

ifi
ca

tio
n 

(P
ric

e 
pe

r 
ol

ig
o,

 
ex

cl
ud

es
 c

os
t p

er
 

ba
se

) 

PAGE  N/A 999,60    999,60    1 428,00   Inquire 

5’ or 3’ Primary Amine  239,12   239,12    330,40    598,64    Inquire 

5’ or 3’ Terminal Thiol  N/A 431,20    431,20    1 002,40   Inquire 

5’ Biotin   711,20   711,20    859,60    1 288,00   Inquire 

5’ Fluorescein 711,20   722,40    1 145,20    1 708,00   Inquire 

5’ Phos 358,40   358,40    535,92    691,60    Inquire 

5’ Cy5/Cy3/Cy5.5* 711,20   711,20    859,60    1 288,00   Inquire 

3’ Biotin  711,20   711,20    859,60    1 288,00   Inquire 

3’ Fluorescein N/A 859,60    1 145,20    1 708,00   Inquire 

3’ Phos 358,40   428,40    638,40    691,60    Inquire 
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6-FAM, HEX and TET  795,20   795,20    1 002,40    1 699,60   Inquire 

Inosin (Hypoxanthine) 164,36   164,36    218,96    390,32    Inquire 
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dU  164,36   164,36    218,96    390,32    Inquire 

Texas Red N/A 1573,60   1 573,60    2 576,00   Inquire 

ROX N/A 1573,60   1 573,60    2 576,00   Inquire 

TAMRA  N/A 1573,60   1 573,60    2 576,00   Inquire P
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BHQ1, BHQ2 N/A 3500,00   4 844,00    Inquire Inquire 

Shipping and Handling 0.00  
 

*Amidites in this product are covered by US Patents (AP Biotech Inc.) 
    
 

Guaranteed Minimum Yields (OD/µg ) 
Unmodified oligos** 

Scale (µmol) 0.025 0.05 0.2 1.0 10.0 
Desalted 3 / 90 5 / 150 12 / 360  40 / 1200 400 / 12000 

RP Cartridge 1 / 30 2 / 60 3 / 90 12 / 360 - 

HPLC 1 / 30 1.5 / 45 2.5 / 75 13 / 390 130 / 3900 

PAGE - 0.5 / 15 1 / 30 5 / 150 - 

Modification 
RP Cartridge 0.5 / 15 1 / 30 2 / 60 5 / 150 - 

HPLC 0.5 / 15 1 / 30 2 / 60 5 / 150 - 
PAGE - 0.2 / 6 0.4 / 12 2 / 60 - 

 
* *Guarantee is for 20mers or longer; shorter oligomers will have proportionally less O.D.s. Minimum yields for S-oligos are 70% of 
the minimum guaranteed yield.  For modified oligos, yield is based on a single modification. 
 
# RP-Cartridge purification will typically produce between 80-95% purity, HPLC 90-97% purity and PAGE up to 95-99% purity.  
HPLC and RP-Cartridge purification are not recommended for oligonucleotides longer than 50 bases. Purification requirements can be 
application dependent.  Please refer to the  “Oligonucleotide Purification” tech sheet TS01 for more information. 
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Oligonucleotides 
Oligonucelotides 



 
 

 
 

 
DUAL LABELLED FLUOROGENIC PROBES* 

 
 

MOLECULAR BEACONS* 

 
*Price per oligo incl. HPLC purification. 
** Estimate  1OD  = 5nmol  = 30µg for a 20-mer oligo. Nmole amount will vary based on oligo length. 

 
 
 
 
 
 
 
 

Scale (OD)  
This refers to  the real amount of oligonucleotide supplied 

instead if the synthesis scale. 1 3 5 10 50 100 

Scale (nmol)** 5  15 25 50 250 500 

 5' 6-FAM / 3' BHQ-1 2772 3780 6440 12600 Inquire Inquire 

 5' 6-FAM / 3'TAMRA 2772 3780 6440 12600 Inquire Inquire 

 5' Cy3 / 3' BHQ-2 N/A 6440 10080 Inquire Inquire Inquire 

 5' Cy3 / 3' TAMRA N/A 6440 10080 Inquire Inquire Inquire 

 5' Cy5 / 3' BHQ-2 N/A 6440 10080 Inquire Inquire Inquire 

 5' CY5 / 3'TAMRA N/A 6440 10080 Inquire Inquire Inquire 

 5' HEX / 3' BHQ-1 4900 6440 10080 17360 Inquire Inquire 

 5' HEX / 3' TAMRA 4900 6440 10080 17360 Inquire Inquire 

 5' JOE / 3' BHQ-1 6440 8260 11340 Inquire Inquire Inquire 

 5' JOE / 3'TAMRA 6440 8260 11340 Inquire Inquire Inquire 

 5' ROX  / 3' BHQ-2 6440 8260 11340 Inquire Inquire Inquire 

 5' ROX / 3' TAMRA 6440 8260 11340 Inquire Inquire Inquire 

 5' TET / 3' BHQ-1 4900 6440 10080 17360 Inquire Inquire 

 5' TET / 3' TAMRA 4900 6440 10080 17360 Inquire Inquire 

 5' Fluorescein / 3' TAMRA 2772 3780 6440 12600 Inquire Inquire 

 5' Fluorescein / 3' BHQ-1 2772 3780 6440 12600 Inquire Inquire 

5' BHQ-3 / 3' Cy5 N/A 8260 11340 Inquire Inquire Inquire 

5' TAMRA / 3' BHQ-2 6440 8260 11340 Inquire Inquire Inquire 

Scale (OD)  
This refers to  the real amount of oligonucleotide supplied 

instead if the synthesis scale. 1 3 5 10 50 100 
Scale (nmol)** 5  15 25 50 250 500 

 5' 6-FAM / 3' BHQ-1 4004 5040 7616 15680  Inquire   Inquire  
 5' 6-FAM / 3' DABCYL 4004 5040 7616 15680  Inquire   Inquire  

 5' Cy3 / 3' BHQ-2 N/A 8680 11200 Inquire  Inquire   Inquire  
 5' Cy3 / 3' DABCYL N/A 8680 11200 Inquire  Inquire   Inquire  

 5' Cy5 / 3' BHQ-2 N/A 8680 11200 Inquire  Inquire   Inquire  
 5' CY5 / 3' DABCYL N/A 8680 11200 Inquire  Inquire   Inquire  
 5' HEX / 3' BHQ-1 7000 8680 11200 18200  Inquire   Inquire  

 5' HEX / 3' DABCYL 7000 8680 11200 18200  Inquire   Inquire  
 5' JOE / 3' BHQ-1 7840 10080 12040 Inquire  Inquire   Inquire  

 5' JOE / 3' DABCYL 7840 10080 12040 Inquire  Inquire   Inquire  
 5' ROX / 3' BHQ-2 7840 10080 12040 Inquire  Inquire   Inquire  

 5' ROX / 3' DABCYL 7840 10080 12040 Inquire  Inquire   Inquire  
 5' TET / 3' BHQ-1 7000 8680 11200 18200  Inquire   Inquire  

 5' TET / 3' DABCYL 7000 8680 11200 18200  Inquire   Inquire  
 5' Fluorescein / 3' DABCYL 4004 5040 7616 15680  Inquire   Inquire  

 5' Fluorescein / 3' BHQ-1 4004 5040 7616 15680  Inquire   Inquire  

       Oligonucleotides 

 



 
 

 
Estimated Dispatch Times For Oligonucleotides 

 

1-2 working days 
<35 Bases / Desalted or Reverse Phase Cartridge / No Modifications 

2-3 working days 
>35 Bases / Desalted or Reverse Phase Cartridge / No Modifications 

3-5 working days 
HPLC or PAGE / No Modifications 

5 working days 
Modified Oligos / Aliquotes 

Please inquire 
For special synthesis 

 
 

 
 
 
 

Quality Control  
Each oligo is desalted and lyophilised before shipment. An O.D. measurement is performed on each custom oligo. 
Each oligo is sent with its own data sheet.  We guarantee our products to contain the correct sequence and will replace 
the product free of charge or issue a credit if there is a problem with your oligo. Notification of a potential problem 
must be made within 60 days of receipt of the oligo. 

 
Ordering 
Orders are accepted by fax, email or from the Sigma-Genosys web site. 
 

   Fax:   246 003 291, 292 
   Email:   czeorders@sial.com 

Website:  http://sigmaaldrich.com 
 

Please make the following information available when ordering: 
Purchase  Order Number 
Bill-to and Ship-to adress 
Customer name, phone number and email address 

 

All orders must have an accompanying purchase order number before they will 
be synthesised. 

 
Terms  
Prices subject to change without notice. All prices exclude local tax. 

 

Address 

Sigma-Aldrich spol. s r.o., Sokolovská 100/94, 186 00 Praha 8 
tel.: 246 003 XXXX  
 

            Oligonucleotides 

 

 


