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Metodica 1SO09377-2:2000

Per i dettagli sulla metodica: www.ansi.org e http://webstore.uni.com/

Prodotti in promozione

Product Description List Price  Special Price

Dual Layer Florisil/Na2SO4 SPE Tube,

52582-U 20/2q/6mL, pk 48 623.00 311.50
504394 Empty Glass SPE Tubes, PTFE Frits 1195 50,75
included, pk 24
68172-1KT-F Hydrocarbon Index Kit 834,00 417,00
18602 -10ML-F Mineral Oil Standard Mixture Type A and B, 9150 4575
10 mg/mL each
51706-1ML-F QC-Standard Solution for EN 1SO 9377-2, 10 65,7 32,85
mg/mL
49574-100ML-F  Extraction Medium Standard Solution 54,50 27,25
Promozione valida fino al 31/12/2011
citando il Codice Promozione W18 al 52462-1KT-F Florisil Applicability Test 258,50 129,25
momento dell'ordine.
46408-100mg  Stearyl Stearate 63,50 31,75
Per orqinare: . Alkane Standard Mixture for performance
www.sigma-aldrich.com 94234-10ML  tests of GC C10; C20 - C40 (all even), 211,50 105,75
E-mail itclient@sial.com 50 mg/l each
Tel 0233417310 Mineral Oil Type A for the determination
Fax 02 38010737 A19751OMEF oy drocarbons 5330 2665
78473-10ML-F Mineral Oil Type B for the determination 53,30 26,65
of hydrocarbons
The following solutions should be diluted prior to use as follows:
49574-100ML-F to be diluted - 1:10 with n-heptane 54,50 27,25
51706-1ML-F to be diluted - 1:10 with acetone 65,70 32,85
SUPELCO
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Colonne GC, solventi e reagenti

Product Description List Price  Special Price
] Equity®-5 Capillary GC Column
28089-U Lx1.D.30m x 0.2 mm, df 0.25 um 269,00 28450
! Equity-1 Capillary GC Column
28046-U iL x 1.D.30 m X 0.25 mm, df 0.25 pm 26900 284,50
3448411 Hexang - PESTANAL®, solvent for residue 4200 21,00
analysis
34484-2.51 Hexang - PESTANAL, solvent for residue 86,00 43,00
analysis
52767-1L Hexane - For GC, >99.0% (GC) 74.50 37,25
Trademarks
Davisil — WR Grace & Co. 52767-2.5L Hexane — For GC, >99.0% (GC) 162,50 81,25
Empore — 3M
Equity — Sigma-Aldrich Biotechnology LP Heptane - PESTANAL, solvent for residue
Florisil — US Silica Company 34495-1L analysis 53:80 59,00
PESTANAL — RdH Laborchemikalien GmbH Heot PESTANAL sol f i
34495-2.5L eptane ceolventiorresiaue 118,00 27,25
analysis
Promozione valida fino al 31/12/2011 32201-1L Acetone - puriss. pa.,, ACS reagent, reag. 150, 2070 1035
. . . . 9 ' '
citando il Codice Promozione W18 al reag. Ph. Eur, 299.5% (GC)
momento dell'ordine. Acetone - puriss. p.a., ACS reagent, reag.
32201-25L ISO,reag. Ph. Eur, 299.5% (GC) 45,40 22,70
Per ordinare:

. . Sodium sulfate puriss. p.a.,, ACS reagent, reag.
WWW..SI.gm.G-G/dI’I.Ch.Com 31481- Tkg-R ISO, reag. Ph. anhydrous, >99% 2900 14,50
E-mail itclient@sial.com — — : -

Tel 0233417310 214477-250g ?g’gf‘zgglr:zﬁ" grade 923, poresize 04, 43459 68,25
Fax 02 38010737
Silica gel Davisil grade 923, pore size 30 A,
214477-1 Kg 100-200 mesh 404,50 202,25
Hydrochloric acid - puriss. p.a., ACS reagent,
30721 1L reag. ISO, reag. Ph. Eur, fuming, >37% 1540 7.70
Hydrochloric acid - puriss. p.a., ACS reagent,
30721 -2.5L reag. ISO, reag. Ph. Eur, fuming, >37% 28,00 14,00
Sulfuric acid - puriss. p.a,, reag. I1SO, reag.
30743-1L Ph. Eur, 95-97% 15,30 7,65
30743251 Sulfuric acid - puriss. p.a,, reag. I1SO, reag. 2040 1470

Ph. Eur,95-97%

Per una panoramica sull’analisi di idrocarburi consulti il nostro bollettino 858D, all'indirizzo:
www.sigma-aldrich.com/858d
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Safety-related Information sigma-aldrich.com/safetycenter
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