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Termék neve

BTEX/VOC’s (CS2 Desorption)
BTEX/VOC’s (Thermal Desorption)

Aldehydes
HF, NO2, and SO2

Ozone (03)
Ammonia (NH2)
Hydrogen Sulfide (H2 S)

Anaesthetic gases and vapors

HCI
Phenolic compounds
(Thermal Desorption)

Felhasznalas

White General Use

Reduced Sampling Rates

radiello® kiiltéri védelem

RAD196

radiello kaltéri tartd, 10db/csomag

www.sigma-aldrich.com/radiello

www.sigma-aldrich.com/air_monitoring

Tovabbi informacio: Dob6 Andras, 06-30-201-6233 Rechner Zsuzsa 06-1-235-9066

SIGMA-ALDRICH"

Light Sensitive Compounds

Anaesthetic Gases and Vapors

Toltet db./csom.
Activated charcoal (30/50) 20
350 mg Carbograph 4 (35/50) 20
2,4-DNPH Coated Florisil® 20

Microporous PE Impregnated w/ 20
wet TEA

Microporous PE w/4,4’- 20
dipyridylethylene coated silica
Microporous PE Impregnated w/ 20
Phosphoric Acid

Microporous PE Coated with Zinc20
Acetate

Mix of Molesieve and activated 20
charcoal (30/50)

Silica Gel 20

250 mg Tenax TA (20/35) 20
Anyaga db./csom.
Polyethylene 20
Polyethylene 20
Polyethylene 20
Permeative Silicone 20

SSUPELCO





