
 
6-Aminohexanoic acid 
 
Product Number  A 2504 
Store at Room Temperature 
 
Product Description 
Molecular Formula:  C6H13NO2 
Molecular Weight:  131.2 
CAS Number:  60-32-2 
pKa:  4.43 (-COOH), 10.75 (-NH2)

1 
Melting point:  204-206 °C1 
Synonyms:  6-aminocaproic acid, ε-amino-n-caproic 
acid, EACA1 
 
6-Aminohexanoic acid is a lysine analog that has been 
widely used in studies of blood clotting.  EACA has 
been shown to inhibit the activation of C1 of the 
complement system, without inhibiting the already 
active form of C1.2  EACA has been reported to inhibit 
binding of plasminogen to activated platelets, using a 
fluorescent flow cytometry-based assay.3  EACA has 
been used in vitro to inhibit clot lysis in blood that has 
been exogenously induced by tissue plasminogen 
activator.4  In a study in cultured rat C6 glioma cells, 
EACA promotes rapid dissociation of plasmin from the 
cells, which inhibits the activation of plasminogen and 
subsequent fibrolysis.5  The isolation of catheptic 
carboxypeptidase B from T-cell activating factor 
derived supernatants has been described, using 
EACA-agarose and EACA as eluting agent.6 
 
In the preparation of media equivalents for the 
entrapment of neonatal aortic rat smooth muscle cells, 
with fibrin as an alternative biopolymer to collagen, 
EACA has been used to inhibit fibrin degradation by 
the cells.7  The derivatization of synthetic peptides with 
EACA to enhance their hydrophobicity and coating 
efficiency for an ELISA protocol has been described.8  
An in vitro analysis of the effects of ultrafiltration on 
EACA and its antifibrinolytic properties has been 
reported.9 

Precautions and Disclaimer 
For Laboratory Use Only.  Not for drug, household or 
other uses. 
 
Preparation Instructions 
This product is soluble in water (50 mg/ml), yielding a 
clear, colorless solution. 
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Sigma brand products are sold through Sigma-Aldrich, Inc.
Sigma-Aldrich, Inc. warrants that its products conform to the information contained in this and other Sigma-Aldrich publications.  Purchaser

must determine the suitability of the product(s) for their particular use.  Additional terms and conditions may apply.  Please see reverse side of
the invoice or packing slip.


