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Catalogue Number: GM#FBE-SP###

Specification Sheet

NovAseptic® Exchangeable Bearing
Mixing Head Spare Parts

Exchangeable Female Bearing Kit

<«— Female Bearing Tool

GM50300FBE-SP###  GM520FBE-SP# ## GMOS51FBE-SP###

Catalogue Number Structure
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Mixer Size Range Female Bearing Spare Part Material Code Surface Finish Code Female Bearing
Exchangeable 3: 2: Material Code
EN 1.4435 Grinded and Electropolishing 2:
(316L) to Ra 0.38 ym Silicone Carbide (SIC)
6.

Silicone Carbide (SIC)
w/ Diamond UNCD® Coated

Specifications
Female Bearing O-Ring E O-Ring F Holder Compatible
Catalogue No. Tool (included) mm (in.) mm (in.) Material Surface Finish Bearing Material Mixer
Grinded and Electro- GMP50
GMO51FBE-SP322  GMO51/15-TFB (zles.gglxx1é7g7o) (25'95225")(167570) EN 1.4435/316L polishing to GMP100
: : : . Ra 0.38 pm USM T10
Grinded and Electro- Silicone Carbide in GMP500
GM520FBE-SP322  GM520/15-TFB (317'f§8XX167§70) (313'3051);167(?70) EN 1.4435/316L polishing to compliance with GMP1000
: : : . Ra 0.38 um Ceramic SiC GMP2000
specifications (SsiC) gmps5000

53.64x 2.62  47.29 X 2.62 Grinded and Electro- GMP10000

(2.111x 0.103) (1.861 x 0.103) EN 1.4435/316L g‘;"gh;gg tn‘; GMP20000
SO H GMP30000

GM50300FBE-SP322 GM50300/15-TFB

The life science business of Merck KGaA, Darmstadt, Germany
operates as MilliporeSigma in the U.S. and Canada.
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Specifications

Holder

Female Bearing B —— G e
Catalogue No. Tool (included) [ EIE]] Surface Finish Bearing Material Mixer
Grinded and Electro- GMP50
GMO51FBE-SP326  GM051/15-TFB  20:70x1.78  23.52x1.78 oy 4435/3160  polishing to Ra GMP100
(1.051 x 0.070) (0.925 x 0.070) Ra 0.38 USM T10
a U.56 ym Silicone Carbide
Grinded and Electro- in compliance GMP500
GM520FBE-SP326 GM520/15-TFB (317-f828xx167§70) ?f'gglxxlé7g7o) EN 1.4435/316L polishing to Ra with Ceramic SiC GMP1000
. : : : Ra 0.38 um specifications (SsiC) GMP2000
53.64 x 2.62  47.29 x 2.62 Grinded and Electro- g(/)att);admond e gmigggo
GM50300FBE-SP326 GM50300/15-TFB (2.111 x 0.103) (1.861 x 0.103) EN 1.4435/316L polishing to GMP20000
Ra 0.38 ym GMP30000

Female Bearing Tool
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GM50300/15-TFB GM520/15-TFB GMO051/15-TFB
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Catalogue Number Structure
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Mixer Size Range Exchangeable Tool Female

Bearing Bearing

Specifications
Catalogue No. ‘ H (mm) Material Compatible Mixer
GM051/15-TFB 17 EN 1.4305/AISI 303 GMP50, GMP100, USM T10
GM520/15-TFB 20 POM C GMP500, GMP1000, GMP2000
G50300/15-TFB 20 POM C GMP5000, GMP10000, GMP20000, GMP30000

Technical Assistance

For more information, please visit SigmaAldrich.com
for up-to-date worldwide contact information
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