Recommended Sample Sizes for Karl Fischer Titration

Sample Water Content

Volumetric Sample Size

Coulometric Sample Size

|
| 100% I 0.02 to 0.05g I NOT RECOMMENDED |
| 50% I 0.05 to 0.25¢ I 0.01g |
|10%  (100,000ppm) I 0.25 to 0.50g I 0.01 to 0.05g |
[5%  (50,000ppm) I 0.50 to 2.50g I 0.05 t0 0.10g |
1%  (10,000ppm) I 2.50 to 5.00g I 0.10 to 0.50g |
lo5%  (5,000ppm) I 5.00 to 7.50g I 0.20 to 1.00g |
l01%  (1,000ppm) I 7.50 to 10.0g I 1.00 to 2.00g |
l0.019%  (100ppm) I 10.0 to 15.0g I 2.00 to 5.00g |
l0.001%  (10ppm) I 15.0 to 20.0g I 5.00 to 10.0g |
[0.00019%  (1ppm) I NOT RECOMMENDED I 10.0g or MORE |
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